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RIVETERS & THREADED INSERT SETTING TOOLS

RIVETER KITS/SPARES/RIVETS/DEBURRING TOOLS

Part No Description

2738 Pack of 5 jaws to suit models: 2720, 2730, 2750, 2770  
02768 Pack of 5 jaws to suit models: 2760  
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Part No Description For use with rivet sizes

02738A Kit 1-5x72HD12A 3mm (1⁄8")
02738B Kit 2-5x72HD13A 4mm (5⁄32")
02738C Kit 3-5x72HD14 5mm (3⁄16")

for use with 2750HD

02738A-HD Spare Nose Kit - 5 x 3mm 3mm (1⁄8")
02738B-HD Spare Nose Kit - 5 x 4mm 4mm (5⁄32")
02738C-HD Spare Nose Kit - 5 x 5mm      5mm (3⁄16")
02738A-HD Spare Nose Kit - 5 x 6mm 6mm (1⁄4")

for use with 2760

02768A Kit 4-1 each  72LA12 4mm (5⁄32")
72LA13A (for aluminium) 5mm (3⁄16")
72LA13S (for steel)         5mm (3⁄16")
72LA14 6mm (1⁄4")

Part No Description

DB1 Heavy Duty HSS blade for steel and aluminium
DB2 Heavy Duty HSS blade for brass and cast iron. Capable of right and left hand 

cuts

All blades are ground from quality high speed steel, heat treated for maximum tool
life and designed for safety with unique rounded heads.
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Part No Description

02729 Repair kit for 2720
02739 Repair kit for 2730/2770

Part No Description

02759 Repair kit for 2750
02769 Repair kit for 2760
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Part No Description

9350 A multifunctional tool capable of holding a range of different blades, coarse to 
fine, for external and internal deburring operations. Easy to operate chuck 
allows for quick blade changeover.
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Rivet Dia Part No Maximum Grip Overall Length 

to Collar

4mm A24S 2mm 6mm

5mm A25S 3mm 7mm

SHORT

Rivet Dia Part No Maximum Grip Overall Length 
to Collar

4mm A24M 5mm 8mm

5mm A25M 7mm 10mm

MEDIUM

Rivet Dia Part No Maximum Grip Overall Length 
to Collar

4mm A24L 9mm 14mm

5mm A25L 11mm 16mm

LONG

Rivets Deburring Tool

Deburring Tool Blades

RIveter Spare Nose Kits Spare Jaw Kits

Riveter Repair Kits
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