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Moldon Rubber Wheel

e Diameter: 6"

e Hub lype: Solid Aluminum
e Tread Width: 2"

{ '} e Hub length: 2.3757

Bore |d: 6257
Approx Weight: 2.5 Ibs

Bearing type: Ball
Capacity: 000 Ibs
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