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24V type
SD-2403 E-0-100V__[06VOV-12V24V] 03A | A [BL 50] 44] 45] 60 71] 03 | 4 x6
SD-2405 24V 05A | A [BL 60| 52| 50| 72 84| 046 | 4 x75
SD-241 ! IA_ | A [BL 70| 60| 58] 80 91| 08 | 45x65
SD-242 1oV 20V 2A | A [BL 80/ 70[ 69] 93| [105] 12 | 45x65
SD-243 100V 15V 3A | A [SL 86| 75| 85| 62| 68 20 | 45x10
SD-245 l ! 5A | A [P | M4 [105]107]104] 66 65 30 | 55x10
SD-247 0 12v 7A | AP | M4 [105[113[112] 75] 70 41 | 55x10
SD-2410 E 6V 10A | A [P | M4 [120]120]125] 75| 81 54 | 7 x1l
¢ SD-2415 ! 15A | A [P | M5 [135]141[142] 97| 82 65 | 65x11
¢ SD-2420 0 20A | AP | M5 [153]156]135]111]82 75 | 65x10
24V type
SD-2403B E-0-200V__[06VOV-12V24V] 03A | A [BL 50] 44] 45] 60 71] 03 | 4 x6
SD-2405B 24V 05A | A [BL 60| 52| 50| 72 84| 046 | 4 x75
SD-241B ! IA_| A [BL 70| 60| 58] 80 91| 08 | 45x65
SD-242B 220V 20V 2A | A [BL 80| 70 69] 93] [105] 12 | 45x65
SD-243B 2007 15V 3A | A [SL 86| 75| 85| 62| 68 20 | 45x10
SD-245B l ! 5A | A [P | M4 [105]107]104] 66|65 30 | 55x10
SD-247B 0 12v 7A | AP | M4 [105[113[112] 75] 70 41 | 55x10
SD-2410B E 6V 10A | A [P | M4 [120]120]125] 75| 81 54 | 7 x1l
7 SD-2415B ! 15A | A [P | M5 [135]141[142] 97| 82 65 | 65x11
7 SD-2420B 0 20A | AP | M5 |153]156]135|111] 82 75 | 65x10
26V type
SD-2603 03A [ A |BL 50] 44] 45] 60 71] 03 | 4 x6
SD-2605 0-18V-22V-26V | 05A | A |BL 60| 52| 52| 72 84| 058 | 45x8
SD-261 IA_| A [BL 70| 60| 58] 80 91| 08 | 45x65
SD-262 100V . 2A | A [SL 76| 67| 81| 55| 65 15 | 45x10
SD-263 0 o 3A | A [SL 86| 75| 90| 62|73 22| 45x10
SD-264 | o 4A [ A [SL 86| 75| 95| 62|78 25 | 45x10
SD-266 E oo 6A | A [P | M4 | 96105 99| 66| 74 27| 55x10
SD-268 Loy 8A | A [P | M4 120[120[120] 75| 81 54 | 7 x1l
SD-2610 o 10A | AP | M4 [120]120[120] 75| 81 54 | 7 x1l
SD-2615 15A | AP | M5 [153]156/135/111] 82 75 | 65x10
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