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EA947HM-21E 33 9.7 14
EA947HM-22E 48 12.9 14
EA947HM-23E 57.5 13.6 14
EAQ4THM-24E | 72.5 15.2 18
EA947HM-25E 82.4 17.2 18
EA947HM-26E 103.4 21.2 18.5
EA947HM-27E 125 26.2 24
EA947HM-28E 165.4 27.9 245
EA947HM-31E 33 9.7 14
EA947HM-32E 48 12.9 14
EA947HM-33E 57.5 13.6 14
EA947HM-34E o as 72.5 15.2 18

N—va
EA947HM-35E 82.4 17.2 18
EA947HM-36E 103.4 21.2 18.5
EA947HM-37E 125 26.2 24
EA947HM-38E 165.4 27.9 245
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