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C21-0.25 | C21-K2525| 250kg 2.5 275 128 (13) 4.3X12 1 4.5%23.0 6.1
C21-0.5 C21-00525| 0.5 2.5 275 255 (26) 4.3X12 1 4.5%X23.0 6.1
C21-1 C21-01025 1 2.5 310 314 (32) 5.6x17 1 4.5%23.0 9.2
C21-1.5 C21-01525 1125 2.5 340 324 (33) 6.5X19 1 4.5%X23.0 11.7
C21-2 C21-02030 3 384 324 (33) 7.5%21 1 4.5%23.0 16.7
C21-3 C21-03030 480 373(38) 6.5X19 2 4.5%23.0 19.4
C21-5 C21-05030 555 334 (34) 7.5%21 3 4.5%23.0
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