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ITEM A B C D E F WLL WT
(size) (lb) (lb)

1/2" 2.35" 2.12" 3.65" 1.38" 1.96" *3,000 1.00
5/8" 2.94" 2.55" 4.48" 1.75" 2.56" *4,500 2.18
3/4" 2.98" 2.58" 4.63" 1.89" 2.56" *6,500 2.53
1" 3.00" 2.52" 5.14" 2.14" 2.56" *8,500 4.47

NOTE:
HEAVY DUTY LASHING RING IS DESIGNED FOR DEMANDING TIE-DOWN
APPLICATIONS. “D” RING IS FORGED 316 STAINLESS STEEL AND FOLDS
FLUSH WHEN NOT IN USE. FEATURES WELD-ON MOUNTING PLATE. IDEAL
FOR CARGO APPLICATIONS SUCH AS OVERSEAS CONTAINER SHIPMENTS
OR LONG DISTANCE HAULING IN EXPOSED ELEMENTS.
*WORKING LOAD LIMIT DEPENDS ON THE QUALITY
  OF THE WELD ATTACHING THE BASE.

LASHING RING - “WELD-ON”
 316 STAINLESS STEEL
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“QUICK LOCK” PIN
316 STAINLESS STEEL

ITEM A B C D WLL WT
(size) (lb) (lb)

S0375-0515 3/16" 1/2" 0.75" 1.50" 2,575 0.02
S0375-0520 3/16" 3/4" 1.00" 1.75" 2,575 0.03
S0375-0525 3/16" 1" 1.25" 2.00" 2,575 0.03
S0375-0540 3/16" 1-1/2" 1.75" 2.50" 2,575 0.04
S0375-0550 3/16" 2" 2.25" 3.00" 2,575 0.04
S0375-0715 1/4" 1/2" 0.75" 1.50" 4,600 0.04
S0375-0725 1/4" 1" 1.25" 2.00" 4,600 0.04
S0375-0740 1/4" 1-1/2" 1.75" 2.50" 4,600 0.05
S0375-0750 1/4" 2" 2.25" 3.00" 4,600 0.05
S0375-0820 5/16" 3/4" 1.00" 1.75" 7,200 0.05
S0375-0825 5/16" 1" 1.25" 2.00" 7,200 0.06
S0375-0840 5/16" 1-1/2" 1.75" 2.50" 7,200 0.08
S0375-0850 5/16" 2" 2.25" 3.00" 7,200 0.10
S0375-0865 5/16" 2-1/2" 2.75" 3.50" 7,200 0.12
S0375-1025 3/8" 1" 1.38" 2.20" 10,300 0.08
S0375-1040 3/8" 1-1/2" 1.88" 2.70" 10,300 0.10
S0375-1050 3/8" 2" 2.38" 3.20" 10,300 0.12
S0375-1065 3/8" 2-1/2" 2.88" 3.70" 10,300 0.14

CAUTION:
ALL “QUICK” & “QUICKLOCK” PIN WORKING LOADS ARE CALCULATED
IN DOUBLE SHEAR AND NOT AS PULL OUT FORCE, WHICH IS UNRATED.
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ITEM A B C D E F BOLT WLL WT
(size) (diameter) (lb) (lb)

S3723-0013 1/2" 2.35" 2.14" 3.56" 2.63" 0.34" 5/16" 3,000 1.18
S3723-0016 5/8" 2.94" 2.61" 4.42" 2.75" 0.41" 3/8" 4,500 2.25
S3723-0020 3/4" 2.98" 2.58" 4.56" 3.19" 0.41" 3/8" 6,500 3.00
S3723-0025 1" 3.00" 2.52" 5.17" 4.25" 0.53" 1/2" 8,500 5.18

NOTE:
HEAVY DUTY LASHING RING IS DESIGNED FOR DEMANDING TIE-DOWN
APPLICATIONS. “D” RING IS FORGED 316 STAINLESS STEEL AND FOLDS
FLUSH WHEN NOT IN USE. FEATURES BOLT-ON MOUNTING PLATE. IDEAL
FOR CARGO APPLICATIONS SUCH AS OVERSEAS CONTAINER SHIPMENTS
OR LONG DISTANCE HAULING IN EXPOSED ELEMENTS.

LASHING RING - “BOLT-ON”
 316 STAINLESS STEEL
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HAMMERLOCK LINK ITEM SIZE A B C D WLL WT
(lb) (lb)

S0655-0005 3/16" 0.30" 1.44" 0.55" 0.48” 1,100 0.15
S0655-0007 1/4" 0.35" 1.88" 0.77" 0.67" 2,200 0.27
S0655-0008 5/16" 0.42" 2.16" 0.73" 0.66" 2,700 0.36
S0655-0010 3/8" 0.53" 2.80" 1.19" 1.03" 4,400 0.81
S0655-0013 1/2" 0.65" 3.48" 1.35" 1.16" 7,300 1.80
S0655-0016 5/8" 0.86" 4.01" 1.72" 1.53" 11,000 3.80
REPLACEMENT PIN SET - INCLUDES PIN, BUSHING AND ROLL PIN
S0655-KT05 3/16" 0.02
S0655-KT07 1/4" 0.03
S0655-KT08 5/16" 0.04
S0655-KT10 3/8" 0.09
S0655-KT13 1/2" 0.18
S0655-KT16 5/8" 0.30

316-NM STAINLESS STEEL
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